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DBHP RADIO ENCLOSURE - ERICSSON VERSION

860665492-AMK-006-INSTALL INSTALLATION INSTRUCTION

REVISIONS
REV. DESCRIPTION DATE APPROVED

A INITIAL RELEASE NSUN
26DEC23

TN1010
40184153CMO

B UPDATED VIEWS FOR MTM1137-3114 & RU 4490 CHANGES MS1288
17MAY24

TN1010
40195667CMO

C
ADDED FAN KITS FOR RADIO TABLE ON SHEET 2;

ADDED NOTE 3.4 AND  ADDED FAN KITS INSTALLATION ON 
SHEET 13

NSUN
11JUL24

JX1002
40199231CMO
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1.0     GENERAL NOTES
          1.1     ALL METRIC DIMENSIONS ARE IN BRACKETS [X.X]
2.0     DESIGN NOTES
3.0     MANUFACTURING/SPECIAL REQUIREMENTS 
          3.1    TIGHTEN HARDWARES, TORQUE VALUE ARE SHOWN BELOW AS REFERENCE,
                    M5: TORQUE 23.0 IN-LB OR 2.6 N-M
                    M6: TORQUE 40.0 IN-LB OR 4.5 N-M (W/ CLIP NUT)
                    M6: TORQUE 46.0 IN-LB OR 5.2 N-M (W/ THREADED CAST AL)
                    M6: TORQUE 75.0 IN-LB OR 8.5 N-M (W/ STEEL NUT)
                    M8: TORQUE 6.6 FT-LB OR 9.0 N-M (W/ THREADED CAST AL)
        3.2    CONFIGURATIONS AND QUANTITY OF EQUIPMENTS IN INSTALLATION ARE LISTED ON TABLE.
         3.3      EQUIPMENT INSTALLATION INSTRUCTION ON PAGE 2.
        3.4    "X" IS A VARIABLE FOR COLOR,KIT SHOULD BE COLOR MATCHED TO ENCLOSURE DEPLOYED ON SITE.   

NOTICE
PAGE 3: CONFIGURATION 1 TO 8 SHOW THE INSTALLATION OF MTM1137-1000-XX INSIDE OF ENCLOSURE.
PAGE 4 TO 7: CONFIGURATION 1 TO 8 SHOW THE LAYOUT OF ALL RADIOS.

ERICSSON
CONFIGURATION

        3.2  APPROVED ERICSSON RADIO CONFIGURATIONS
REQUIRED ADDITIONAL AMK FOR 

CONFIGURATION 
(PURCHASED SEPARATELY)

4490 4890 AC08 6308 6304 6302 DIPLEXER RAYCAP 3.4  860661736-MV2-C03X
1 1 1 2 1 1
2 1 1 1 1 1 1
3 1 1 1 1 1
4 1 1 1 1 1
5 1 1 2 1
6 1 1 1 1 1
7 1 1 1 1
8 1 1 1 1
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4890

BRACKET
MTM1137-3114-00

4890:

INSTALL 4890 TO THE BRACKET MTM1137-3114-00 USING 4 
SETS OF M8 HEX BOLT, LOCK WASHER AND FLAT WASHER 
AS SHOWN

4 X M8 HARDWARE

4490:

INSTALL 4490 TO THE BRACKET MTM1137-3114-00 USING 4 
SETS OF M8 HEX BOLT, LOCK WASHER AND FLAT WASHER 
AS SHOWN

BRACKET
MTM1137-3114-00

4490

4 X M8 HARDWARE

PSU AC08:

INSTALL PSU AC08 TO THE BRACKET MTM1137-4100-CR USING 
M4 CAPTIVE HARDWARE PROVIDED WITH THE PSU.

BRACKET
MTM1137-4100-CR

PSU AC08

4 X M4 HARDWARE

BRACKET
MTM1137-4100-CR

RAYCAP INSTALLATION

INSTALL RAYCAP TO THE BRACKET MTM1137-4100-CR USING 
4 SETS OF M6 HARDWARE

4 X M6 HARDWARE

DIPLEXER INSTALLATION

INSTALL THE DIPLEXER TO THE BRACKET MTM1137-4100-CR 
USING M5 CAPTIVE HARDWARE PROVIDED WITH THE DIPLEXER

BRACKET
MTM1137-4100-CR

ERICSSON EQUIPMENT MOUNTING INSTALLATION

PSU 6308:

INSTALL PSU 6308 TO THE BRACKET MTM1137-3106-00 USING 4 
SETS OF M8 HEX BOLT, LOCK WASHER AND FLAT WASHER AS 
SHOWN

PSU 6308 BRACKET
MTM1137-3106-00

4 X M8 HARDWARE

BRACKET
MTM1137-3106-00

4 X M8 HARDWARE

PSU 6302

PSU 6302:

INSTALL PSU 6302 TO THE BRACKET MTM1137-3106-00 USING 4 
SETS OF M8 HEX BOLT, LOCK WASHER AND FLAT WASHER AS 
SHOWN

BRACKET
MTM1137-3106-00

PSU 6304:

INSTALL PSU 6304 TO THE BRACKET MTM1137-3106-00 USING 4 
SETS OF M8 HEX BOLT, LOCK WASHER AND FLAT WASHER AS 
SHOWN

4 X M8 HARDWARE

PSU 6304
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FRONT SIDE VIEW (DOORS REMOVED)

*CONFIGURATION 5 N/A

LEFT SIDE VIEW (DOORS REMOVED) RIGHT SIDE VIEW (DOORS REMOVED)

CONFIGURATION 1 - 4890 & 4490, (2X) AC08, DIPLEXER AND RAYCAP
CONFIGURATION 5 - 4890 & 4490, (2X) AC08 AND RAYCAP

4490

AC08 AC08

DIPLEXER RAYCAP

4890
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FRONT SIDE VIEW (DOORS REMOVED)

*CONFIGURATION 6 N/A

LEFT SIDE VIEW (DOORS REMOVED) RIGHT SIDE VIEW (DOORS REMOVED)

CONFIGURATION 2 - 4890 & 4490 & 6308, DIPLEXER, RAYCAP AND FAN KITS
CONFIGURATION 6 - 4890 & 4490 & 6308, RAYCAP AND FAN KITS

6308

4890 4490

DIPLEXER

RAYCAP
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FRONT SIDE VIEW (DOORS REMOVED)LEFT SIDE VIEW (DOORS REMOVED) RIGHT SIDE VIEW (DOORS REMOVED)

CONFIGURATION 3 - 4890 & 4490 & 6304, DIPLEXER AND RAYCAP
CONFIGURATION 7 - 4890 & 4490 & 6304 AND RAYCAP

4890 4490

6304

RAYCAP

*CONFIGURATION 7 N/A
DIPLEXER
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FRONT SIDE VIEW (DOORS REMOVED)LEFT SIDE VIEW (DOORS REMOVED) RIGHT SIDE VIEW (DOORS REMOVED)

CONFIGURATION 4 - 4890 & 4490 & 6302, DIPLEXER AND RAYCAP
CONFIGURATION 8 - 4890 & 4490 & 6302 AND RAYCAP

RAYCAP

4490

*CONFIGURATION 8 N/A
DIPLEXER

6302

4890
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A

BRACKET
MTM1137-3110-00

BRACKET
MTM1137-3113-00

4 X 3/8'' HARDWARE

3 X M6 HARDWARE

DETAIL A
SCALE 1 : 2

1/4-20 SHOULDER BOLT
(QTY 1)

B
BRACKET
MTM1137-3112-00

4 X 3/8'' HARDWARE

BRACKET
MTM1137-3113-00

3 X M6 HARDWARE

DETAIL B
SCALE 1 : 2

1/4-20 SHOULDER BOLT
(QTY 1)

THE COMBO BRACKET INSTALLATION

MTM1137-3110-00 & MTM1137-3113-00 (LEFT):
A) INSTALL SHOULDER BOLT IN TOP LOCATION AS SHOWN (SEE DETAIL A)

B) INSTALL MTM1137-3113-00 TO THE EQUIPMENT MOUNT BRACKETS MTM1137-3110-00 AND SECURE USING 4 
    SETS OF 3/8'' HEX BOLT, LOCK WASHER AND NUT

C) HOLD THE COMBO BRACKET BETWEEN 45-90 DEG  AND INSERT BOTH TABS INTO SLOT ON UPRIGHT

D) ROTATE IT INTO PLACE AND LIFT ONTO THE REAR UPRIGHT SHOULDER BOLT FOR SUPPORT
 
E) SECURE THE COMBO BRACKET USING 3 SETS OF M6 HEX BOLT, LOCK WASHER, FLAT WASHER , CLIP NUT

MTM1137-3112-00 & MTM1137-3113-00 (RIGHT):
A) INSTALL SHOULDER BOLT IN TOP LOCATION AS SHOWN (SEE DETAIL B)

B) INSTALL MTM1137-3113-00 TO THE EQUIPMENT MOUNT BRACKETS MTM1137-3112-00 
     AND SECURE USING 4 SETS OF 3/8'' HEX BOLT, LOCK WASHER AND NUT

C) HOLD THE COMBO BRACKET BETWEEN 45-90 DEG  AND INSERT BOTH TABS INTO SLOT ON UPRIGHT
  
D) ROTATE IT INTO PLACE AND LIFT ONTO THE REAR UPRIGHT SHOULDER BOLT FOR SUPPORT
 
E) SECURE THE COMBO BRACKET USING 3 SETS OF M6 HEX BOLT, LOCK WASHER, FLAT WASHER , CLIP NUT
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0 0.0

10.0 254.3

23.0 584.5
22.0 559.1

35.0 889.3

40.0 1016.3

43.5 1105.2

0 0.0

9.0 228.9

10.0 254.3

23.0 584.5
22.0 559.1

42.0 1067.1

LEFT SIDE VIEW
(BRACKET SHOWN FOR REFERENCE)

(EQUIPMENT NOT SHOWN)

1/4-20 SHOULDER BOLT

4X M6 HARDWARE 3X M6 HARDWARE

2X M6 HARDWARE

0 0.0

23.0 584.5

22.0 559.1

42.0 1067.1

0 0.0

23.0 584.5

22.0 559.1

35.0 889.3

40.0 1016.3

43.5 1105.2

RIGHT SIDE VIEW
(BRACKET SHOWN FOR REFERENCE)

(EQUIPMENT NOT SHOWN)

3X M6 HARDWARE 4X M6 HARDWARE

1/4-20 SHOULDER BOLT

HARDWARE INSTALLATION (CONFIGURATION 1 & 5)

M6 HARDWARE
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0 0.0

10.0 254.3

17.0 432.1

19.0 482.9

21.0 533.7

35.0 889.3

40.0 1016.3

43.5 1105.2

0 0.0

9.0 228.9
10.0 254.3

16.0 406.7

18.0 457.5

20.0 508.3

42.0 1067.1

1/4-20 SHOULDER BOLT

4X M6 HARDWARE 3X M6 HARDWARE

2X M6 HARDWARE 3X M6 HARDWARE

0 0.0

22.0 559.1
23.0 584.5

42.0 1067.1

0 0.0

22.0 559.1
23.0 584.5

35.0 889.3

40.0 1016.3

43.5 1105.2

RIGHT SIDE VIEW
(BRACKET SHOWN FOR REFERENCE)

(EQUIPMENT NOT SHOWN)

1/4-20 SHOULDER BOLT

3X M6 HARDWARE 4X M6 HARDWARE

HARDWARE INSTALLATION (CONFIGURATION 2, 3, 4, 6, 7, 8)

LEFT SIDE VIEW
(BRACKET SHOWN FOR REFERENCE)

(EQUIPMENT NOT SHOWN)

C 2023 CommScope, Inc. Confidential

Installation Instructions

REVSTATUS02 RE CVERSIONMODEL
VERSION STATUS RE02

10 OF 13860665492-AMK-006-INSTALL
REV C



4490

BRACKET
MTM1137-3113-00

4890

C

DETAIL C
SCALE 1 : 4

M6 HARDWARE

M6 CLIP NUT

DETAIL D
SCALE 1 : 4

M6 HARDWAREBRACKET
MTM1137-3113-00

D

M6 CLIP NUT

4490 INSTALLATION:

  HANG 4490 WITH BRACKET ON MOUNT BRACKETS MTM1137-3113-00  
  AND SECURE BY 1 SETS OF M6 HEX BOLT, LOCK WASHER, FLAT 
  WASHER AND CLIP NUT

RRU INSTALLATION

4890 INSTALLATION:

  HANG 4890 WITH BRACKET ON MOUNT BRACKETS MTM1137-3113-00  
  AND SECURE BY 1 SETS OF M6 HEX BOLT, LOCK WASHER, FLAT 
  WASHER AND CLIP NUT
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BRACKET
MTM1137-5100-CR

 2X M6 HARDWARE

2X M6 HARDWARE

6308 / 6304 / 6302 INSTALLATION:

  INSTALL 6308 OR 6304 OR 6302 WITH BRACKET TO THE 
  ENCLOSURE USING 6 SETS OF M6 HEX BOLT, LOCK WASHER, 
  FLAT WASHER AND CLIP NUT

6X M6 HARDWARE

6308 / 6304 / 6302

PSU INSTALLATION

AC08 INSTALLATION:

  INSTALL AC08 WITH BRACKET ON MOUNT BRACKETS  
  MTM1137-5100-CR USING 2 SETS OF M6 HEX BOLT, LOCK   
  WASHER, FLAT WASHER AND CLIP NUT
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DIPLEXER INSTALLATION:
CONFIGURATION 1 & 5 (LEFT)

  INSTALL DIPLEXER WITH BRACKET ON MOUNT BRACKETS 
  MTM1137-5100-CR USING 2 SETS OF M6 HEX BOLT, LOCK  
  WASHER, FLAT WASHER AND CLIP NUT

 2X M6 HARDWARE

BRACKET
MTM1137-5100-CR

DIPLEXER INSTALLATION:
CONFIGURATION 2, 3, 4, 6, 7, 8 (RIGHT)

  INSTALL DIPLEXER WITH BRACKET ON MOUNT BRACKETS 
  MTM1137-5100-CR USING 2 SETS OF M6 HEX BOLT, LOCK  
  WASHER, FLAT WASHER AND CLIP NUT

 2X M6 HARDWARE
BRACKET
MTM1137-5100-CR

BRACKET
MTM1137-5100-CR

 2X M6 HARDWARE

RAYCAP INSTALLATION:

  INSTALL RAYCAP WITH BRACKET ON MOUNT BRACKETS MTM1137-5100-CR 
  USING 2 SETS OF M6 HEX BOLT, LOCK WASHER, FLAT WASHER AND CLIP NUT

FAN KITS INSTALLATION:

INSTALL THE FAN KIT 860661736-MV2-C03X TO THE TOP OF DBHP,
SEE 860661736-MV2-C03-INSTALL

DIPLEXER & RAYCAP & FAN KITS INSTALLATION
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