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REVISIONS

REV. ECN DESCRIPTION BY DATE

A 8000034517 INITIAL RELEASE MRC 03/19/19

ITEM PART NO. DESCRIPTION QTY. WEIGHT NOTE NO.

1 GB-03105 3/8" X 1" GALV BOLT KIT 36 0.05 LBS
2 GB-03505 3/8" X 5" GALV BOLT KIT 8 0.17 LBS
3 GWF-03 3/8" GALV FLAT WASHER 8 0.01 LBS
4 MTC3813C14 CANOPY BRACE, 11 GA, 30" 4 4.18 LBS
5 MTC392212 CANOPY BRACE, 11 GA, 24.5" 4 2.75 LBS
6 MTC4037C16 POST, 4 X 4 X 110.25 4 56 LBS
7 MTC4037C14 CHANNEL FORMED CANOPY END, 8' PLAT 2 51.15 LBS
8 MTC4038C14 LONG CHANNEL CANOPY 4 47.33 LBS
9 RDB1836120 ROOF DECKING B 18 GA 36" X 120" 4 82.34 LBS

10 TS1275 TEK SCREW #12 X 3/4, WITH NEOPRENE WASHER 97 0.02 LBS
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DETAIL A
SCALE 1 : 4
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SECTION G-G
SCALE 1 : 4
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