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DIMENSIONS IN INCHES
THIRD ANGLE PROJECTION
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 REF
VERTICAL

4" X 4" TROUGH

72.00

LIST OF PARTS FOR KIT
ITEM DESCRIPTION QTY
001 FGS, VERT 2X4, 2" SPACING, YELLOW 2

002 FGS, HINGED COVER, EXT 2" YELLOW 2

005 BRACKETS KIT W/ 10 PCS 2

006 FGS - 4" ELBOW - 2" RADIUS LIMITER 2

007 FGS RADIUS LIMITER, LOW PROFILE 12

008 RETENTION BRK, LOW PROFILE 12

010 GROMMET,BLACK, U-CHANNEL, 3/8 DIA 14

011 FGS, 2X4 BOTTOM TROUGH, VER22 KIT 1

012 FGS, 2" COVER, VER22 KIT 1

200 SCREW #6-32 8

201 WASHER #6 8

202 NUT, #6-32 8

CATALOG NUMBER: FGS-KIT-VER22
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NOTES:
 
1  SNAP ON BOTTOM AND TOP POSITION OF THE 5 INCH 
    CUTOUTS ON THE UPRIGHTS FGS RADIUS LIMITER WITH THE
    RETENTION BRACKET (ITEM 007 AND ITEM 008).
 
2  PRESS IN PLACE THE GROMMET EDGE PROTECTOR (ITEM 010)
    INTO THE VERTICAL SHARP EDGE THAT IS NOT COVER BY THE 
    FGS RADIUS LIMITER.
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